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20A Double Pole Switch with LED Indicator Brushed Steel White Insert

Technical characteristics

Configuration

Switch mode  2pole

Controls and indicators

Push-buttons  No

Main electrical features

Frequency  50/60 Hz

Dimensions

Depth  32.8 mm

Insertion depth  20 mm

Height  86 mm

Width  86 mm

Materials

Material  stainless steel

Equipment

Lighting  with control LED for ON

Use conditions

Insert  insert white

Identification

Appliance switch type  No

Subject to technical modifications


