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Switch DC 4P 1000V 32A

Technical characteristics

Architecture

Number of poles  4 P

Voltage

Rated insulation voltage  1000 V

Rated impulse withstand voltage  8000 V

Dimensions

Depth of installed product  72 mm

Height of installed product  85 mm

Power

Total power loss under IN  6.9 W

Endurance

Number of mechanical operations  10000

Cover, door

Interlockable  No

Connection

Type of connection  with screw

Equipment

Number of auxiliary contacts as normally
closed contact  0

Number of auxiliary contacts as normally
open contact  0

Number of auxiliary contacts as change-
over contact  0

Can be accessorized  No

Standards

European directive WEEE  concerned

Safety

Protection index IP  IP20

Use conditions

Operating temperature  -40…65 °C

Subject to technical modifications


